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Weitere Daten siehe Katalog

further data

see catalog

Tolerierung Size IS0 14405 ® I Tolerance system Size IS0 14405 ©.
(This 1SO-standard describes the envolope principle. According fo fhe envolope
principle_the deviations of form and parallelism are limited by the size tolerances) declarable hazardous substances) to be declared!
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