wieland

Ficha técnica de producto
Articulo N° Z5.503.0853.0

Prensaestopas M32 x 1,518 - 25 LG

Articulo N° Z5.503.0853.0
EAN 4049088385896
Unidad de embalaje 20 Pieza (s)

Certificaciones / Homologaciones

Datos técnicos

Datos generales

Grado de proteccion (IP) IP66/1P68
Material Plastico

Libre de halégenos Si

Tipo

Tipo Pieza pequefia
Montaje

Articulo N° Tipo Descripcion
75.456.0053.3 Médulo de conexién FCS 16 5 SI SA M32 LG

Fecha de creaci6n 13.05.2026 Reservado el derecho a modificaciones técnicas Péginas 1/1
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frei von lackbenetzungsstorenden Substanzen (Silikonfrei)/
free from substances that prevent paint adhesion (silicon free)
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/5503.0053.F| M12 |Trapez| 3,0-65 | 12,0 8,0 23,0 15,0 15,0 16,9
/5503.0153.F| M16 |Trapez| 2,0-6,0 | 16,0 8,0 26,5 19,0 19,0 21,9
75503.0253.F| M16 |Trapez| 50-10,0 | 16,0 10,0 30,0 22,0 22,0 25,0
/5.503.0353.F| M16 |Trapez| 4,0-8,0 | 16,0 8,0 26,5 19,0 19,0 21,9
/5503.0453.F M20 |Trapez| 6,0-12,0 | 20,0 10,0 30,0 24,0 24,0 27,0
/5503.0553.F] M20 |Trapez|10,0-14,0] 20,0 10,0 33,5 21,0 270 31,0
/5503.0653.F| M25 |Trapez| 9,0-13,0 | 25,0 15,0 36,0 29,0 29,0 32,5
75503.0753.F| M25 |Trapez|13,0-18,0| 25,0 10,0 38,0 33,0 33,0 38,0
/5503.0853.F| M32 |Trapez|18,0-25,0{ 32,0 15,0 42,0 42,0 42,0 47,3
/55031653 F | M25 |Trapez| 9,0-16,0 | 25,0 10,0 38,0 33,0 33,0 38,0
F Farbe ahnl. RAL
"~ |colour similar fo RAL
0 |lichrgrau/light grey |7035
1 |schwarz/black 9005
3 |silbergrau/silver grey|7001

Weitere Daten siehe KATALOG oder eKatalog
additional data see CATALOG or eCATALOG

www.wieland-electric.com
eshop.wieland-electric.com

Tolerierung Size IS0 16405 ® ! Tolerance system Size IS0 1405 ©®
(This 1SO-standard describes the envolope principle. According fo fthe envolope

principle the deviations of form and parallelism are limited by the size tolerances).

jalyes [X Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten,

Conformity w

declarable hazardous subsfances) to be declared!

ith Wieland document WN 5020.010 e (list of prohibited /

Freitoleranz

General folerance
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Anderung / Revision
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/ 21 E,“;’:gepf,;e(k MaBe in mm / Dimensions are in mm
Gewinde gemdB/fhread according to EN 60473 1 vl ' [OFLISr . nn?[frsatz fir | Replacement for:
Material Verschraubung/material fitfing PA 6 UL9L-V2 U= o fee - [Femeninaltile
Material Verschraubungsdichtung/material seal of fiffing|(R vt N WU@H@W@ KABELVERSCHRAUBUNG

metrisch, Kunststoff
metric, plastic
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