Data sheet del prodotto
Nr. Art. 05.544.1000.0

Contatto spina 0,5-1,5 QMM

vz wieland

Nr. Art. 05.544.1000.0
EAN 4015573083271
Quantita per ordine 5000 Pezzo
Certificati/Approvazioni

Dati tecnici

Generale

Lunghezza di spelatura 4 mm
Sezione minima conduttore filo flessibile 0,75 mm2
Sezione massima conduttore filo flessibile 1,5 mm?
Filo flessibile con sezione conduttore UL/CSA min. 18 AWG
Filo flessibile con sezione conduttore UL/CSA max. 16 AWG
Tipo di attacco Crimpare
Materiale Bronzo
Contatto massivo No
Diametro del pin di contatto 1,58 mm
Classe di infiammabilita del materiale isolante secondo UL94 Altro
Resistenza di contatto < 4 mOhm
Accessori

Nr. Art. Tipo Descrizione
05.502.2400.0 Inserto a crimpare E

05.502.3200.0 Registrazione contatti 2

95.101.0800.0 Pinza a crimpare .

05.502.0000.0 Estrattore HD

Data di creazione 12.08.2026

Con riserva di modifiche tecniche
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Weitere Daten siehe Katalog
— # = Bandware / tape reeled further data see catalog
Teile-Nr. Material | Oberfldche Kennzeichnung | Leitungs-¢
D H part number surface indification conductor-¢
E g 05.544.0729.0| CuZn selektivvergoldet gelb/yellow 02 - 056
£ [ #05.544.0700.0 selective gold pl. / A\;VG ZL-EO
_‘: * 05.544.,0929.0 [ CuZn Glanz-Zinn gelb/yellow
£ 1 #[05.544.0900.0 tin / <::>
gl [05.544.1029.0 CuZn Glanz-Zinn blau/blue / ohne/wi thout 075 - 15
§ 5[ #105.544.1000.0 tin / WG 18-15
z 05.544.,1429.0 [ CuZn selektivvergoldet blau / blue
SI00E #105.544.1400.0 selective gold pl. / @

Tolerierung Size IS0 16405 ® / Tolerance system Size ISO 16405 ®

jalyes [X Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten,

(This ISO-standard describes the envolope principle. According to the envolope
principle the deviations of form and parallelism are limited by the size folerances)

Conformity with Wieland document WN 5020.010 e (list of prohibited /

declarable hazardous substances) to be declared!
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