product data sheet
item no. 07.311.8353.0

end plate APIF 2,5

End plate for DIN rail terminal blocks type WKIF 2,5..., color: grey

item no.
EAN

order unit

certificates / approvals

technical data

general

color

type of end plate

type of partition

thickness

snap in

inflammability class of insulation material acc. with UL94

length

07.311.8353.0
4015573543003
10 piece(s)

grey
yes
no

1.5mm

VO

95 mm

wieland

creation date 24.01.2026

technical changes reserved
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technical drawing
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Weitere Daten siehe Katalog |2
E further data see catalog
Tolerierung nach olerance system ace. to DIN 7167. jozyes B Stoffwerbots- und alionsliste nach UU-TOM-D5/
[This DIN-ston es the envelope principle. According lo the envelope C wit d dacument UU-TOM-05/03 [1is
principle the orm ond perallelism are limite e size tolerances|. 1l slonces) to be declared!
Freitoler CAD - Zeichnung, keine monuellen Anderungen 1 Verwendung: Blott | van
General CAD - drowing, no monvel modificalions allowed |First Use Sheel of !
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