product data sheet
item no. 07.313.0955.0

partition TWFN 10/35

Partition for DIN rail terminal blocks type WKFN 10..., color: grey

v» wieland

item no. 07.313.0955.0
EAN 4015573876187
order unit 10 piece(s)
certificates / approvals
technical data

general

color grey

type of end plate no

type of partition yes

thickness 1.5mm

snap in yes
inflammability class of insulation material acc. with UL94 VO

length 80.5 mm

creation date 02.06.2026

technical changes reserved
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technical drawing
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D Weitere Daten siehe Katalog
further data see catalog
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N Teile - Nr. Farbe Typ
part number colour type
07.313.0955.0 [ grav dhnl./grey sim, RAL 7032 | TWFN 10/35 -
07.313.0955.6 | blav Ghnl./blve sim. RAL 5012 | TWFN 10/35 BLAU 8
07.313.0955.7 | griin &hnl./green sim. RAL 6017 ) TWFN 10/35 GRUN
Tolerierung nach DIN 7167/Tolerance system acc. to DIN 7167 josyes I Stoffverbots- und Deklarationsliste noch UU-TOM- ist einzuhalten.
(This DIN-standare ibes the envelope principle. According to the envelope Conformity with Wieland docurent UU-TOM-05/03 | 1ist of prahibited /
principle the devictions of form and porallelism are Limited by the size tolerances). decloroble hozardous substances| 1o be declared!
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