product data sheet
item no. 02.125.1700.0

crimp contact female TR 8113 BK

Crimp contacts for pluggable terminal strip, clamping range 1.5-2.5
mm?2, as tape

02.125.1700.0

item no.
EAN 4015573604926
order unit 3500 piece(s)

certificates / approvals

wieland

creation date 16.07.2024 technical changes reserved
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