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D These dimensions will be especially checked at delivery

[ Only inspection dimensions

[ With /E marked dimensions are only valid for internal use
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Tolerierung Size 1S0 14405 ® ! Tolerance system Size 1SO 14405 ®. jalyes [XI Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten.
(This ISO-standard describes the envolope principle. According to fhe envolope Conformity with Wieland document WN 5020.010 e {list of prohibited /
principle the deviations of form and parallelism are limited by the size folerances). declarable hazardous substances) to be declared!
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Elekfronische Freigabe

1;2 Electronic Release MaBe in mm / Dimensions are in mm
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