
product data sheet

item no. 75.450.2114.3

feed-in module FCS 16 5 SA SAM

podis® CON 5G16 feed-in module, rated voltage 690 V, rated
current 100 A, input round cable, cross section fine-stranded 10
mm² - 35 mm², output for 5G16 flatcable, IP65, color housing light
grey

item no. 75.450.2114.3

EAN 4049088669583

order unit 1 piece(s)

certificates / approvals

technical data

connection data

number of poles 5

number of clamp positions per pole 1

type of termination (round cable) screw connection

type of connection power bus screw connection

number of inputs 1

input type round cable

number of outputs 1

output type for 5G16 flatcable

cross section fine-stranded 10 mm² - 35 mm²

technical data UL/CSA

rated voltage 600 V

rated current 75 A

cross section fine-stranded AWG 10 - 2

degree of protection (NEMA) 4X

mechanical data

color housing light grey

degree of protection (IP) IP65

mounting method surface mounting

electrical data

rated voltage 690 V

rated current 100 A

type of supply voltage AC/DC
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dimensions

length 300 mm

assembly width 145 mm

assembly height 100 mm
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