product data sheet
item no. 0D.S04.1055.9

partition TW 001 WTN

partition inflammability class of insulation material acc. with ul94
VO, type of end plate no, thickness 0.8 mm, length 15.8 mm, color

Y

wieland

grey

item no. 0D.S04.1055.9
EAN 4049088723032
order unit 100 piece(s)
certificates / approvals
technical data
general

color grey

type of end plate no

thickness 0.8 mm
inflammability class of insulation material acc. with UL94 Vo

width/grid dimension 0.8 mm

length 15.8 mm
material plastic

mounting method DIN rail (top hat rail)
height 16 mm

creation date 25.03.2026

technical changes reserved
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technical drawing
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SEE Weitere Daten siehe KATALOG oder eKatalog|www.wieland-electric.com
F00E addifional data see CATALOG or eCATALOG |eshop.wieland-electric.com
Tolerierung Size IS0 14405 ® I Tolerance system Size IS0 14405 ®. jalyes [X Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten
(This ISO-standard describes the envolope principle. According to the envolope Conformity with Wieland document WN 5020.010 e (list of prohibited /
principle the deviations of form and parallelism are limited by the size folerances) declarable hazardous substances) to be declared!
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