Data sheet del prodotto
Nr. Art. 0D.S70.3327.0

Ponte di parallelo VB WRTN 70-3

Ponte di parallelo VB WRTN 70-3 Passo 32 mm, Isolato No,
Numero di poli 3, Colore grigio, Altezza 3 mm, Tipo di montaggio
Awvitabile, Classe di infiammabilita del materiale isolante secondo

v» wieland

UL94 VO
Nr. Art. 0D.S70.3327.0

EAN 4049088727412
Quantita per ordine 20 Pezzo
Certificati/Approvazioni

Dati tecnici

Generale

Colore grigio

Classe di infiammabilita del materiale isolante secondo UL94 Vo

Larghezza/passo 21 mm

Lunghezza 85 mm

Passo 32 mm

Numero di morsetti con ponti di parallelo 3

Tipo di montaggio Awvitabile

Isolato No

Esecuzione Ponte di collegamento
Altezza 3mm

Data di creazione 01.04.2026

Con riserva di modifiche tecniche
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Disegno tecnico
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SEE Weitere Daten siehe KATALOG oder eKatalog|www.wieland-electric.com
F00E additional data see CATALOG or eCATALOG |eshop.wieland-electric.com
Tolerierung Size IS0 14405 ® I Tolerance system Size IS0 14405 ®. jalyes [X Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten
(This ISO-standard describes the envolope principle. According to the envolope Conformity with Wieland document WN 5020.010 e (list of prohibited /
principle the deviations of form and parallelism are limited by the size folerances) declarable hazardous substances) to be declared!
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