Ficha técnica de producto
Articulo N° 0D.203.8155.5

SPS 2.5

SPS 2.5 longitud 20 mm, altura 27 mm, material Plastico, color
Rojo, tipo de inflamabilidad del material de aislamiento segin ul94

Y

wieland

VO
Articulo N° 0D.203.8155.5
EAN 4049088718212

Unidad de embalaje
Certificaciones / Homologaciones

Datos técnicos

Datos generales

100 Pieza (s)

Color Rojo
Tipo de inflamabilidad del material de aislamiento segiin UL94 Vo
Anchura del borne 5,1 mm
Longitud 20 mm
Material Plastico
Altura 27 mm

Fecha de creaci6n 18.03.2026

Reservado el derecho a modificaciones técnicas
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Weitere Daten siehe KATALOG oder eKatalog|www.wieland-electric.com
additional data see CATALOG or eCATALOG |eshop.wieland-electric.com
Tolerierung Size IS0 14405 ® I Tolerance system Size IS0 14405 ®. jalyes [X Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten
(This ISO-standard describes the envolope principle. According to the envolope Conformity with Wieland document WN 5020.010 e (list of prohibited /
principle the deviations of form and parallelism are limited by the size folerances) declarable hazardous substances) to be declared!
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