fiche produit
article n° 0D.210.3227.5

peigne de connexion IVB WTPN 10-2

article n°

0D.210.3227.5

vz wieland

EAN

4049088718526

unité de commande
certificats/approbations

données techniques

200 piece(s)

général

couleur rouge
classe d'inflammabilité des matériaux d'isolation selon la norme UL94 Vo
largeur/grille dimension 17,8 mm
longueur 4 mm
dimension de la grille 10 mm
nombre de bornes pontées 2

type de montage enfichable
isolé oui
version peigne de connexion
hauteur 36,3 mm

date de fabrication 18.03.2026

sous réserve de modifications techniques
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dessin technique
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Co Weitere Daten siehe KATALOG oder eKatalog|www.wieland-electric.com
F00E addifional data see CATALOG or eCATALOG |eshop.wieland-electric.com
Tolerierung Size IS0 14405 ® I Tolerance system Size IS0 14405 ®. jalyes [X Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten
(This ISO-standard describes the envolope principle. According to the envolope Conformity with Wieland document WN 5020.010 e (list of prohibited /
principle the deviations of form and parallelism are limited by the size folerances) declarable hazardous substances) to be declared!
Freitoleranz nach CAD - Zeichnung, keine manuellen Anderungen  [1. Verwendung: Blatt: qovon
General folerance CAD - drawing, no manual modifications allowed |First Use: Sheet: of
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lorder no. |/number of poles P|/type Icolour  |packaging unit: 1 241 Electronic Releass T e
0D.210.3227.5 2 IVB WTPN 10-2 rot / red 200 [ L mm‘lDﬂ/Srf mm’|Ersafz fir | Replacement for:
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