Product data sheet

Item No. 27.334.0653.0

PCB pin header 8113 SEG/6/12 G OB

PCB 2tier pin header, 12 -pole, with in line tiers, connecting
direction 90° to the PCB, pitch: 5,08 mm, series: 8113 SEG/ 6/12 G

vz wieland

OB

Item No. 27.334.0653.0
EAN 4015573687219
Order Unit 50 Piece(s)
Certificates / Approvals

@R\
Technical data
General

Modular spacing 5mm
Soldering process Wave soldering
Packaging Carton
Number of poles 12

Number of levels 2

Marking No

Fastening None

Mating direction towards (circuit) board 90°
Technical data

Rated current 10A
Overvoltage Category | 400 V
Overvoltage Category Il 400 V
Overvoltage Category Il 250 V

Rated impulse voltage 4 kv
Technical Data UL/CSA

Voltage UL 300V
Current field wiring 10A

Current factory wiring 10A

Voltage CSA 300 V

Current CSA 10A
Other

Type of insulation material Thermoplastic
Color Grey

Height 22 mm
Length 32mm

Depth 28.5 mm
Material contact base CuSn

Material contact surface Sn
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Technical drawing

wieland

Technische Daten
Technical Data

ezeichnet/drawn:
27.334.0653.0

VDE | UL | CSA
Bemessungsspannung V. 250 | 300 | 300 Kontaktbasismaterial CuSni Fi7
rated voltoge contact basis material
Bemessungsstrom A 10 10 110 Diffusionssperre Cu 2-3um
rated current diffusion barrier
Brennbarkeitsklasse UL 94 V-0 Kontaktober f liche Sn 4-6um
flomabi ity rating UL 94 V-0 contoct surface
Verschmutzungsgrad 3/Uberspannungskategorie I11 Isoliermaterial PBT !
pollution degree 3/overvoltage category Il insulating material 1
1
H [E
Teile-Nr. Typ Polzahl | L1547 |14
part no. type pole 1
27.330,0253.0 [ 8113 SEG/ 2/ LGOB| & A
27.330.0353.0 [ 8113 SEG/ 3/ 6GOB| 6 7] |
27.334.0053.0 | 8113 SEG / &/ 8GOB| 8 nl |
27.334.0553.0 [ 8113 SEG/ 5/ 106G 0B| 10 T
27.334.0653.0 | 8113 SEG / 6 / 1260B| 12 n|nl
27.334.0753.0 | 8113 SEG / 7/ 146G OB| T4 N
27.334.0853.0 [ 8113 SEG/ 8/ 16GOB| 16 S
27.334,0953.0 | 8113 SEG/ 9/ 18GOB| 18 AN
27.334.1053.0 | 8113 SEG /10 /20608 | 20 52 45 | ¢
27.334.1153.0 | 8113 SEG / 11 /22608 | 22 57| 50
27.334,1253.0 | 8113 SEG / 12 /2. G OB| 24 61| 55
27.334.1353.0 | 8113 SEG /13 /266G O0B| 26 67 | 60
27.334.1653.0 | 8113 SEG / 14 /286G O0B| 28 77| 65
27.334,1553.0 | 8113 SEG /15 /30608 | 30 AR
27.334.1653.0 | 8113 SEG /16 /32608 | 32 82| 75
27.334.1753.0 | 8113 SEG / 17 /3L GOB| 34 871 80
27.334.1853.0 | 8113 SEG / 18 / 36 G 0B | 36 92| 8
27.334.1953.0 | 8113 SEG /19 /386G 0B| 38 EED
27.334.2053.0 | 8113 SEG / 20 / L0 G OB| 40 102] 9%
Weitere Daten siehe Katalog 27.330.2153.0 | 8113 SEG / 21 / 426G 0B | 42 107 | 100
further dota see catalog 77.330.2753.0 | 8113 SE6 / 22/ L G OB | b 112 | 105
27.334.2353.0 | 8113 SEG / 23 / 46 G OB | 46 17] 10
27.334.2453.0 | 8113 SEG / 24 / L8 G OB | 48 122 ] 115
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