v» wieland

product data sheet
item no. 73.331.4035.1

bottom BAS GUT GC 16M25 50 Al

Bottom-base revos basic made of aluminum, with double locking
lever or.screw cap with threaded hole M25 on the left side, low

version, 16-polig

item no. 73.331.4035.1
EAN 4015573623224
order unit 1 piece(s)
certificates / approvals
technical data

general

housing material aluminum

color grey

surface with powder coating
degree of protection (IP) IP65

UV resistant yes
inflammability class of insulation material acc. with UL94 other

operating temperature range min. -40 °C

operating temperature range max. 120 °C

model

construction 16H

model of the housing

surface mounting (base)

locking mechanism

double locking levers

cable entry sideways
type of cable thread
with cable screw gland no
thread size M 25

thread size PG

hinged lid no
EMC-version no
length 117 mm
width 57 mm
height 75 mm

creation date 26.01.2026 technical changes reserved page 1/1



technical drawing
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D Varianten/Variants
.0
o 73.33.4035.1 | BAS GUT 6C 16HM32 Al | G2t indebonrung X
U ' M25 /Thread hole
B 73.335.4035.0 | BAS GUT GC 16HMS2 AQ | 00| ¥erschroununglky, 7ot
Uy . M25 /Cable gland(CGJ, IPS4
Bestellnummer Typ Varianten et
/0rder number /Type /Variants 7drawed
£ Weitere Daten siehe KATALOG oder eKatalog. www_wiglund-electrig.com
Additional data see CATALOG or eCatalog. eshop.wieland-electric.com
Tolerierung Size 150 14405 /Toleronce system Size 10 144050 joryes B Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten.
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