product data sheet
item no. 71.372.1635.1

hood BAS GOT GL 16 M25 Al

Hood revos basic made of aluminum, with single locking lever and
threaded hole M25 on the top - free cable connection, low version,

v» wieland

16-poles

item no. 71.372.1635.1
EAN 4015573627444
order unit 1 piece(s)
certificates / approvals
technical data
general

housing material aluminum

color grey

surface with powder coating
degree of protection (IP) other

UV resistant yes
inflammability class of insulation material acc. with UL94 other

operating temperature range min. -40 °C
operating temperature range max. 120°C
model

construction 16

model of the housing

cable coupler

locking mechanism

single locking lever

cable entry above
type of cable thread
with cable screw gland no
thread size M 25
thread size PG

hinged lid no
EMC-version no
length 94 mm
width 43 mm
height 62 mm

creation date 13.03.2024

technical changes reserved
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technical drawing

D These dimemsions will be especially checked at delivery
[With /E_marked dimensions are only valid for_internal_use

MaDe sind nur_for_inferne Zwecke gulli

D Diese Male werden bei Abnahme besonders geprift
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7137416355 |BAS GOT GL 16 M32 A 5|Kabelverschraubung (KV), IP65
71372.16355 |BAS GOT GL 16 M25 A 5|/cable gland (CG), IP65
7137416354  |BAS GOT GL 16 M32 A 4|KV mit Zugentlastung, IP54
71372.1635.,  |BAS GOT GL 16 M25 A 4|/CG with strain relief, IP54
7137416353 |BAS GOT GL 16 M32 A 3|KV mit Zugentlastung und Knickschutz, IPS4
7137216353  |BAS GOT GL 16 M25 A 3|/CG with strain relief and bend support, IP54
71.374.1635.2  |BAS GOT GL 16 M32 A 2|Zwischenstutzen
71372.1635.2 [BAS GOT GL 16 M25 A 2|/bushing
7137416351 |BAS GOT GL 16 M32 A 1|Gewindebohrung X
71.372.1635.1 BAS GOT GL 16 M25 A 1|/thread hole
71.374.1635.0 BAS GOT GL 16 M32 A 0 que[verschraubung (KV), IP54
71372.1635.0  |BAS GOT GL 16 M25 A 0|/Cable gland (CG), IP54
Bestellnummer |Typ Varianten dargestellt
lorder number |/type Ivariants /drawed

00 E 0 2 3 L
|

Weitere Daten siehe KATALOG oder eKATALOG.
Additional data see CATALOG or eCATALOG.

www.wieland-electric.com
eshop.wieland-electric.com

Tolerierung Size 1S0 16405 ® / Tolerance system Size ISO 14405 ®.
(This ISO-standard describes the envolope principle. According to the envolope
principle the deviations of form and parallelism are limited by the size folerances)

jalyes [X Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten
Conformity with Wieland document WN 5020.010 e {list of prohibited /
declarable hazardous substances) to be declared!

Freitoleranz nach
General folerance
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Mafistab / Scale

1:2

Werkstoff / Material
Aluminium gezeichnel 146 12024 [Gaht M. T
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BaugroBe 16-Kabelabgang oben-M25/M32
/Hood size 16-cable outlet top-M25/M32
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