product data sheet
item no. 27.280.3227.0

insulated jumper bar IVBWK 2,5 -12

Cross connector, insulated for DIN rail terminal blocks type WK ...,
12 -pole

vz wieland

item no. Z77.280.3227.0

EAN 4015573155923
order unit 10 piece(s)
certificates / approvals

ATEX

technical data

general

color yellow

modular spacing 5mm

number of bridged clamps 12

mounting method screwable
insulated yes

model cross connector
creation date 02.06.2026 technical changes reserved page 1/1
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