product data sheet

item no. 73.360.6435.0

hood BAS GOT GA 24HM40 AO

Hood revos basic made of aluminum, for double locking lever
or. screw cap with cable gland M40 on the right side (IP54), low

version, 24-poles

Y

wieland

item no. 73.360.6435.0
EAN 4015573858848
order unit 1 piece(s)
certificates / approvals
technical data

general

housing material aluminum
surface with powder coating
degree of protection (IP) IP54

UV resistant yes
inflammability class of insulation material acc. with UL94 other

operating temperature range min. -40 °C

operating temperature range max. 120 °C

model

construction 24H

model of the housing male

locking mechanism

double locking levers

cable entry sideways
type of cable gland nut
with cable screw gland yes
thread size M 40
thread size PG

hinged lid no
EMC-version no

length 120 mm
width 57 mm
height 76 mm

creation date 25.07.2023

technical changes reserved
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technical drawing

will be especially checked at delivery
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BAS GOT GA 24H M32 AL
M25

60 MLO
Kabelverschraubung(KV),IP65
7332364355 |BAS GOT GA 24H W3 AS | ICable glandCG)P65
60 MLO

KV mit Zugentlastung,|PS&
/CG with strain relief P54

M32

KV mit Zugentlastung und Knickschutz,IP54

BAS GOT GA 24H M3Z AQ
M25

Kabelverschraubung(KV),IP54
ICable gland(CG),IP54

3
733506l+353 BAS GOT GA 24H M25 A3 ICG with strain relief and bend support,P5%

60 M40
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Bestellnummer
/Order number
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Type

Varianten
/Variants
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Weitere Daten siehe KATALOG oder eKatalog.
Additional data see CATALOG or eCatalog.

www.wieland-electric.com
eshop.wieland-electric.com

Tolerierung Size ISQ 14405 ® |/ Tolerance system Size IS0 14405 ©®

(This ISO-standard describes the envolope principle A[(nrdm% to the envolope
y the size folerances).

principle the deviafions of form and parallelism are limited

jalyes [IX Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten,

Conformity with Wieland document WN 5020.010 e {list of prohibited /

declarable hazardous substances) to be declared!
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Type Bennenung/Title
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‘_”dex Dafe | Sheet BASIC BaugréBe 24H-Kabelabgang 1x M25/M32/M40 seitli8ch
Anderung | Revision Hood size 24H-cable outlet 1x M25/M32/M40 side
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