product data sheet
item no. 73.352.6435.3

hood BAS GOT GC 24H M25 A3

Hood revos basic made of aluminum, for double locking lever or.
screw cap with trumpet gland M25 on the top (IP54), low version,

v» wieland

24-poles

item no. 73.352.6435.3
EAN 4015573646551
order unit 1 piece(s)
certificates / approvals
technical data
general

housing material aluminum

color grey

surface with powder coating
degree of protection (IP) 1P54

UV resistant yes
inflammability class of insulation material acc. with UL94 other

operating temperature range min. -40 °C

operating temperature range max. 120 °C
model

construction 24H

model of the housing male

locking mechanism

double locking levers

cable entry above
type of cable gland nut
with cable screw gland yes
thread size M 25
thread size PG

hinged lid no
EMC-version no

length 120 mm
width 57 mm
height 76 mm

creation date 25.07.2023

technical changes reserved
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technical drawing
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73 32% 6435.5 | BAS GOT GC ZLHmég A5 |Kabelverschraubung(KV),IP65
U5y ' M25 ICable gland(CG),IP65
73.35% .6135.4 | BAS GOT GC 2LHM32 AL [KV.mit Zugentlastung/PSt
UEo ' M25 ICG with strain relief,IP54
54 M32 KV mit Zugentlastung und Knickschutz,IPS4
73'352 -6435.3 | BAS GOT GC 24Hyp5 A3 ICG with strain relief and bend support,IP5L4|
. 5 62 MLO .
73.354 .6435.2 | BAS GOT GC 24HM32 A2 |Zwischenstutzen
52 M25 [Bushing
73.3% .6435.1 | BAS GOT GC 24HM3g Al |Cewindebobrung X
T . M25 IThread hole
73 3?2 6435 0 | BAS GOT GC ZLngg AQ |Kabelverschraubung(KV), P54
N . M25 /Cable gland(CG),IP54
Bestellnummer Typ Varianten gestel
/Order number 1Type IVariants Tdrawed

Weitere Daten siehe KATALOG oder eKatalog.
Additional data see CATALOG or eCatalog.
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Tolerierung Size 1SO
(This 1SO-standard d
principle_the deviatio

1405 ® ! Tolerance system Size IS0 1405 ©®
escribes the envolope principle. According fo the envolope
ns of form and parallelism are limited by the size tolerances).

jalyes [X Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten,

Conformity with Wieland document WN 5020.010 e (list of prohibited /

declarable hazardous subsfances) to be declared!

Freifoleranz nach CAD - Zeichnung, keine manuellen Anderungen |1 Verwendung: Blatt: von
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www.wieland-electric.com augrose abelobgang X open
Anderung | Revision hood size 2kH-cable outlet 1x M25/M32/ML0 above
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