wieland

Product data sheet
ltem No. 99.005.8210.0

strain relief GST18I3 HOCH SW

gesis® strain relief for device connectors GST18i3 with screw
connection; no integrated locking; use with separate locking or
shap-in parts; colour: black

Item No. 99.005.8210.0
EAN 4015573481497
Order Unit 200 Piece(s)

Certificates / Approvals

Technical data

Technical data

Length 37.7 mm
Width 28 mm
Height 25 mm
Color black
Description 1 strain relief
Description 2 for GST18i3

Creation date 28.06.2022 Technical changes reserved Page 1/1



Technical drawing
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