fiche produit
article n° 07.312.7755.0

plaque d'extrémité APFN 2,5 E1/2/35

article n°
EAN

unité de commande
certificats/approbations

données techniques

général

couleur

type de plaque de terminaison

type de plaque intermédiaire

force

verrouillable

classe d'inflammabilité des matériaux d'isolation selon la norme UL94

longueur

07.312.7755.0
4015573715899
10 piece(s)

gris

oui

non
1,5mm
oui

Vo

107,5 mm

wieland

date de fabrication 02.06.2026

sous réserve de modifications techniques
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dessin technique
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Weitere Daten siehe Katalog 1]
R further data see catalog
O :
~ N Teile-Nr. Farbe Type
i (b) part-no. cqlor R type
grau, ghnl.
07.312.7755.0 |3rey’ simiiar fo RAL 7032 | APFN 2,5 E1/2/35
blau, dhnl. RAL 5012
07.312.7755.6 |bive, simiiar to RAL 5012 | APFN 2,5 E1/2/35BL |
. grin, dhnl. RAL 6017 =
07.312.7755.7 |3reen, simitor to RAL 6017 | APFN 2,5 E1/2/35 GN
Tolerierung Size 150 14405/ Tolerance system Size 150 16405D. afyes B Stoffverbots- und Deklorationsliste nach UU-TOM-05/03 ist einzuhalten. 1
(This 1S0-standard deshribes the envelope principle. According to the envelope Conformity with Wieland ent UU-TOM-05/03 (1ist of prohibited /
principle the deviations of form and parallelism are limited by the size loleronces) declarable hazardous su es) to be declared!
Freitoleranz noch CAD - Zeichnung, keine monuellen A I.Verwendung: Blott wn )
General toleronce CAD - drawing, no monval modifications ollowed |First Use: Sheel of L
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Dule / Sheel . fasis PRO N
Anderung/Revision Verbindungen End plate B
1 | 2 | 3 OU-PEM-08/91b




