fiche produit
article n° 71.420.1637.0

bas BAS GUM GK 16 B

v» wieland

article n° 71.420.1637.0
EAN 4049088343285
unité de commande 1 piece(s)
certificats/approbations
données techniques
général
matériau du boftier aluminium
couleur gris
surface vierge
résistant aux UV oui
classe d'inflammabilité des matériaux d'isolation selon la norme UL94 autre
température de fonctionnement min. -40 °C
température de fonctionnement max. 120 °C
version
DIN-taille 16

modeéle du boitier

montage (douille)

mécanisme de verrouillage

support longitudinal

entrée de cable sans
type d'entrée de cable sans
avec presse-étoupe non
taille du filetage PG

couvercle a charniere non
EMC-version non
longueur 113 mm
largeur 44 mm
hauteur 29 mm

date de fabrication 24.09.2024

sous réserve de modifications techniques
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dessin technique
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71.420.1637.0 | BAS GUM GK 16 B
Bestel [nummer Typ
/Order number /Type
i Weitere Daten siehe KATALOG oder eKatalog. www.wieland-electric.com
Additional dato see CATALOG or eCatalog. eshop.wieland-electric.com
Tolerierung Size IS0 16405 ® / Tolerance system Size IS0 1LL05 ©® jalyes [X Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten,
(This ISO-standard describes the envolope principle. According to fhe envolope Conformity with Wieland document WN 5020.010 e (list of prohibited /
. principle_the deviations of form and parallelism are limited by the size tolerances). declarable hazardous substances) to be declared!
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