product data sheet
item no. 25.503.6319.0

cable screw gland M25 VA 8 10,0-14,0

Cable gland IP 68 stainless steel M25x1,5, clamping range 10-14

vz wieland

mm
item no. 75.503.6319.0
EAN 4049088386091
order unit 10 piece(s)
certificates / approvals
technical data
general
thread size M 25
thread length 8 mm
min. cable diameter 10 mm
max. cable diameter 14 mm
degree of protection (IP) 1P68

material stainless steel V2A
color other

shock resistant yes

bend radius protection/trumpet flare no

cross bracket strain relief no

type of sealing

rubber-/neoprene ring

separable screw gland no
multi seal area no
thread type metric
halogen free yes
inflammability class of insulation material acc. with UL94 other

creation date 17.09.2024

technical changes reserved

page 1/1



technical drawing
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/5503.6119.0 M16 PG 9 | 4,0-8,0 16 I 23 19 17 20,8
/5503.6219.01 M20 |PG 13,5] 6,0-12,0 20 8 26 22 22 245
/5503.6319.01 M25 | PG 16 [10,0-14,0] 25 8 215 21 24 29,6
/5503.6619.0] M372 | PG 21(13,0-180 32 9 32,5 36 30 39
/5503.6519.0| M40 | PG 29 [18,0-25,0] 40 9 40,6 L6 L1 514
nach/according fo DIN EN 62444 | VDE 0619
Gewinde gemaB/fhread according fo EN 60423
Material Verschraubung/material fifting AISI 303 / PA 6 UL9L-V?
Maferial Verschraubungsdichtung/material seal of fiffing|(R
Material O-Ring/material O-ring NBR
Schutzklasse nach/profection class according fo DIN EN 60529 IP 66-68
frei von lackbenetzungsstaorenden Substanzen (Silikonfrei)/
free from substances that prevent paint adhesion (silicon free)
Weitere Daten siehe KATALOG oder eKatalog|www.wieland-electric.com
additional data see CATALOG or eCATALOG |eshop.wieland-electric.com
Tolerierung Size IS0 16405 ® ! Tolerance system Size IS0 1405 ©® jalyes [X Stoffverbots- und Deklarationsliste nach WN 5020.010 ist einzuhalten,
(This 1SO-sfandard describes fhe envolope principle At(urdm% fo the envolope Conformity with Wieland document WN 5020.010 e (list of prohibited /
principle the deviations of form and parallelism are limited by the size tolerances). declarable hazardous substances) to be declared!
Freifoleranz nach CAD - Zeichnung, keine manuellen Anderungen |1 Verwendung: Blatt: qoven
General tolerance (AD - drawing, no manual modifications allowed [First Use: Sheet: of
/ Werkstoff / Material Tag/Date Name Zeichnung Nr. / Drawing No Index
6@ gezeinel Jng 05 2017[Butterhof
= TR 7| 75503.6119.0 13K |
/ 21 ka MaBe in mm / Dimensions are in mm
/- Vol mm’lﬂfl ISrf. nm’|Ersatz fir | Replacement for:
/ Type Bennenung/Title
!

Datum / Blaff
Index | Date / Sheet

Anderung

| Revision

% wieland KABELVERSCHRAUBUNG

Metrisch, Edelstahl
mefric, stainless steel

www.wieland-electric.com
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