
Product data sheet

Item No. Z5.503.7321.0

Cable screw gland M25 EMC 8 10,0-18,0

EMC Cable gland IP 68 metal M25x1,5, clamping range 10 - 18
mm

Item No. Z5.503.7321.0

EAN 4049088386138

Order Unit 10 Piece(s)

Certificates / Approvals

Technical data

General

Thread size M 25

Thread length 8 mm

Min. cable diameter 10 mm

Max. cable diameter 18 mm

Degree of protection (IP) IP68

Material Brass

Surface Nickel-plated

Color Other

Shock resistant yes

Bend radius protection/trumpet flare No

Type of sealing Rubber-/neoprene ring

Separable screw gland No

Multi seal area No

Thread type Metric

halogen free yes

Inflammability class of insulation material acc. with UL94 Other
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Technical drawing


